
ENGINEERING DATA

MD5030 Tons Fan Power Length Width Height MD5036 Tons Fan Power Length Width Height

Model @ 95-85-78°F (hpr) (ft.) (ft.) (ft.) Model @ 95-85-78°F (hpr) (ft.) (ft.) (ft.)

MD5030UAHK 1746 50 30.0 30.0 28.4 MD5036VBHK 2401 60 35.9 36.0 28.4

MD5030UAHL 1692 50 30.0 34.5 28.4 MD5036VBHL 2268 60 35.9 40.5 28.4

MD5030UAHM 1788 50 30.0 30.0 31.4 MD5036VBJK 2447 60 35.9 36.0 29.4

MD5030UAHN 1730 50 30.0 34.5 31.4 MD5036VBJL 2334 60 35.9 40.5 29.4

MD5030UAJK 1778 50 30.0 30.0 29.4 MD5036VBKK 2277 60 35.9 36.0 28.4

MD5030UAJL 1728 50 30.0 34.5 29.4 MD5036VBKL 2150 60 35.9 40.5 28.4

MD5030UAJM 1818 50 30.0 30.0 32.4 MD5036VBLK 2351 60 35.9 36.0 29.4

MD5030UAJN 1764 50 30.0 34.5 32.4 MD5036VBLL 2223 60 35.9 40.5 29.4

MD5030UAKK 1670 50 30.0 30.0 28.4 MD5036VBMK 2366 60 35.9 36.0 30.4

MD5030UAKL 1615 50 30.0 34.5 28.4 MD5036VBML 2266 60 35.9 40.5 30.4

MD5030UAKM 1712 50 30.0 30.0 31.4 MD5036VBWK 2275 60 35.9 36.0 30.4

MD5030UAKN 1653 50 30.0 34.5 31.4 MD5036WBHK 2615 75 35.9 36.0 30.4

MD5030UALK 1707 50 30.0 30.0 29.4 MD5036WBHL 2543 75 35.9 40.5 30.4

MD5030UALL 1656 50 30.0 34.5 29.4 MD5036WBJK 2657 75 35.9 36.0 31.4

MD5030UALM 1747 50 30.0 30.0 32.4 MD5036WBJL 2589 75 35.9 40.5 31.4

MD5030UALN 1692 50 30.0 34.5 32.4 MD5036WBKK 2505 75 35.9 36.0 30.4

MD5030UAMK 1719 50 30.0 30.0 30.4 MD5036WBKL 2432 75 35.9 40.5 30.4

MD5030UAML 1671 50 30.0 34.5 30.4 MD5036WBLK 2554 75 35.9 36.0 31.4

MD5030UAMM 1757 50 30.0 30.0 33.4 MD5036WBLL 2486 75 35.9 40.5 31.4

MD5030UAMN 1705 50 30.0 34.5 33.4 MD5036WBMK 2566 75 35.9 36.0 32.4

MD5030UAUK 1504 50 30.0 30.0 28.4 MD5036WBML 2501 75 35.9 40.5 32.4

MD5030UAUL 1424 50 30.0 34.5 28.4 MD5036WBUK 2294 75 35.9 36.0 30.4

MD5030UAUM 1553 50 30.0 30.0 31.4 MD5036WBUL 2185 75 35.9 40.5 30.4

MD5030UAUN 1466 50 30.0 34.5 31.4 MD5036WBVK 2483 75 35.9 36.0 32.4

MD5030UAVK 1636 50 30.0 30.0 30.4 MD5036WBVL 2373 75 35.9 40.5 32.4

MD5030UAVL 1553 50 30.0 34.5 30.4 MD5036WBWK 2549 75 35.9 36.0 32.4

MD5030UAVM 1685 50 30.0 30.0 33.4 MD5036WBWL 2451 75 35.9 40.5 32.4

MD5030UAVN 1595 50 30.0 34.5 33.4 MD5036WDUK 2318 75 35.9 36.0 30.4

MD5030UAWK 1691 50 30.0 30.0 30.4 MD5036XBHK 2866 100 35.9 36.0 30.4

MD5030UAWL 1605 50 30.0 34.5 30.4 MD5036XBHL 2790 100 35.9 40.5 30.4

MD5030UAWM 1740 50 30.0 30.0 33.4 MD5036XBJK 2917 100 35.9 36.0 31.4

MD5030UAWN 1648 50 30.0 34.5 33.4 MD5036XBJL 2844 100 35.9 40.5 31.4

MD5030UBHK 1729 50 30.0 30.0 28.4 MD5036XBKK 2732 100 35.9 36.0 30.4

MD5030UBHL 1675 50 30.0 34.5 28.4 MD5036XBKL 2655 100 35.9 40.5 30.4

MD5030UBHM 1809 50 30.0 30.0 31.4 MD5036XBLK 2791 100 35.9 36.0 31.4

MD5030UBHN 1750 50 30.0 34.5 31.4 MD5036XBLL 2718 100 35.9 40.5 31.4

MD5030UBJK 1760 50 30.0 30.0 29.4 MD5036XBMK 2811 100 35.9 36.0 32.4

MD5030UBJL 1709 50 30.0 34.5 29.4 MD5036XBML 2742 100 35.9 40.5 32.4

MD5030UBJM 1839 50 30.0 30.0 32.4 MD5036XBUK 2509 100 35.9 36.0 30.4

MD5030UBJN 1782 50 30.0 34.5 32.4 MD5036XBUL 2390 100 35.9 40.5 30.4

MD5030UBKK 1653 50 30.0 30.0 28.4 MD5036XBVK 2709 100 35.9 36.0 32.4

MD5030UBKL 1600 50 30.0 34.5 28.4 MD5036XBVL 2596 100 35.9 40.5 32.4

MD5030UBKM 1730 50 30.0 30.0 31.4 MD5036XBWK 2783 100 35.9 36.0 32.4

MD5030UBKN 1672 50 30.0 34.5 31.4 MD5036XBWL 2682 100 35.9 40.5 32.4

MD5030UBLK 1691 50 30.0 30.0 29.4 MD5036XDKK 2759 100 35.9 36.0 30.4

MD5030UBLL 1640 50 30.0 34.5 29.4 MD5036XDUK 2538 100 35.9 36.0 30.4

MD5030UBLM 1767 50 30.0 30.0 32.4 MD5036XDUL 2417 100 35.9 40.5 30.4

MD5030UBLN 1711 50 30.0 34.5 32.4 MD5036XDVK 2738 100 35.9 36.0 32.4

MD5030UBMK 1702 50 30.0 30.0 30.4 MD5036XDVL 2624 100 35.9 40.5 32.4

MD5030UBML 1653 50 30.0 34.5 30.4 MD5036XDWK 2812 100 35.9 36.0 32.4

MD5030UBMM 1776 50 30.0 30.0 33.4 MD5036XDWL 2711 100 35.9 40.5 32.4

MD5030UBMN 1722 50 30.0 34.5 33.4 MD5036YBHK 3092 125 35.9 36.0 32.4

MD5030UBUK 1476 50 30.0 30.0 28.4 MD5036YBHL 3039 125 35.9 40.5 32.4

MD5030UBUL 1403 50 30.0 34.5 28.4 MD5036YBHM 3182 125 35.9 36.0 37.4

MD5030UBUM 1555 50 30.0 30.0 31.4 MD5036YBHN 3123 125 35.9 40.5 37.4

MD5030UBUN 1476 50 30.0 34.5 31.4 MD5036YBJK 3144 125 35.9 36.0 33.4

MD5030UBVK 1612 50 30.0 30.0 30.4 MD5036YBJL 3094 125 35.9 40.5 33.4

MD5030UBVL 1534 50 30.0 34.5 30.4 MD5036YBJM 3228 125 35.9 36.0 38.4

MD5030UBVM 1696 50 30.0 30.0 33.4 MD5036YBJN 3172 125 35.9 40.5 38.4

MD5030UBVN 1610 50 30.0 34.5 33.4 MD5036YBKK 2938 125 35.9 36.0 32.4

MD5030UBWK 1668 50 30.0 30.0 30.4 MD5036YBKL 2885 125 35.9 40.5 32.4

MD5030UBWL 1587 50 30.0 34.5 30.4 MD5036YBKM 3028 125 35.9 36.0 37.4

MD5030UBWM 1754 50 30.0 30.0 33.4 MD5036YBKN 2969 125 35.9 40.5 37.4

MD5030UBWN 1665 50 30.0 34.5 33.4 MD5036YBLK 3000 125 35.9 36.0 33.4

MD5030UDHK 1732 50 30.0 30.0 28.4 MD5036YBLL 2949 125 35.9 40.5 33.4

MD5030UDHL 1680 50 30.0 34.5 28.4 MD5036YBLM 3083 125 35.9 36.0 38.4

MD5030UDHM 1815 50 30.0 30.0 31.4 MD5036YBLN 3028 125 35.9 40.5 38.4

MD5030UDHN 1754 50 30.0 34.5 31.4 MD5036YBMK 3024 125 35.9 36.0 34.4

MD5030UDJK 1765 50 30.0 30.0 29.4 MD5036YBML 2977 125 35.9 40.5 34.4

MD5030UDJL 1716 50 30.0 34.5 29.4 MD5036YBMM 3102 125 35.9 36.0 39.4

MD5030UDJM 1844 50 30.0 30.0 32.4 MD5036YBMN 3049 125 35.9 40.5 39.4

MD5030UDJN 1786 50 30.0 34.5 32.4 MD5036YBUK 2742 125 35.9 36.0 32.4

MD5030UDKK 1656 50 30.0 30.0 28.4 MD5036YBUL 2674 125 35.9 40.5 32.4

MD5030UDKL 1603 50 30.0 34.5 28.4 MD5036YBUM 2862 125 35.9 36.0 37.4

MD5030UDKM 1740 50 30.0 30.0 31.4 MD5036YBUN 2784 125 35.9 40.5 37.4

MD5030UDKN 1678 50 30.0 34.5 31.4 MD5036YBVK 2932 125 35.9 36.0 34.4

MD5030UDLK 1694 50 30.0 30.0 29.4 MD5036YBVL 2866 125 35.9 40.5 34.4

MD5030UDLL 1645 50 30.0 34.5 29.4 MD5036YBVM 3046 125 35.9 36.0 39.4

MD5030UDLM 1774 50 30.0 30.0 32.4 MD5036YBVN 2972 125 35.9 40.5 39.4

MD5030UDLN 1715 50 30.0 34.5 32.4 MD5036YBWK 3009 125 35.9 36.0 34.4

MD5030UDMK 1707 50 30.0 30.0 30.4 MD5036YBWL 2945 125 35.9 40.5 34.4

MD5030UDML 1660 50 30.0 34.5 30.4 MD5036YBWM 3122 125 35.9 36.0 39.4

MD5030UDMM 1780 50 30.0 30.0 33.4 MD5036YBWN 3049 125 35.9 40.5 39.4

MD5030UDMN 1726 50 30.0 34.5 33.4 MD5036YDHK 3125 125 35.9 36.0 32.4

MD5030UDUK 1488 50 30.0 30.0 28.4 MD5036YDHL 3069 125 35.9 40.5 32.4

MD5030UDUL 1410 50 30.0 34.5 28.4 MD5036YDHM 3216 125 35.9 36.0 37.4



MD5030UDUM 1587 50 30.0 30.0 31.4 MD5036YDHN 3156 125 35.9 40.5 37.4

MD5030UDUN 1495 50 30.0 34.5 31.4 MD5036YDJK 3175 125 35.9 36.0 33.4

MD5030UDVK 1620 50 30.0 30.0 30.4 MD5036YDJM 3262 125 35.9 36.0 38.4

MD5030UDVL 1539 50 30.0 34.5 30.4 MD5036YDJN 3206 125 35.9 40.5 38.4

MD5030UDVM 1719 50 30.0 30.0 33.4 MD5036YDKK 2971 125 35.9 36.0 32.4

MD5030UDVN 1625 50 30.0 34.5 33.4 MD5036YDKL 2916 125 35.9 40.5 32.4

MD5030UDWK 1675 50 30.0 30.0 30.4 MD5036YDKM 3058 125 35.9 36.0 37.4

MD5030UDWL 1591 50 30.0 34.5 30.4 MD5036YDKN 2998 125 35.9 40.5 37.4

MD5030UDWM 1773 50 30.0 30.0 33.4 MD5036YDLK 3030 125 35.9 36.0 33.4

MD5030UDWN 1678 50 30.0 34.5 33.4 MD5036YDLL 2978 125 35.9 40.5 33.4

MD5030ULHK 1746 50 30.0 30.0 28.4 MD5036YDLM 3114 125 35.9 36.0 38.4

MD5030ULHL 1691 50 30.0 34.5 28.4 MD5036YDLN 3058 125 35.9 40.5 38.4

MD5030ULHM 1789 50 30.0 30.0 31.4 MD5036YDMK 3053 125 35.9 36.0 34.4

MD5030ULHN 1730 50 30.0 34.5 31.4 MD5036YDMM 3133 125 35.9 36.0 39.4

MD5030ULJK 1777 50 30.0 30.0 29.4 MD5036YDMN 3080 125 35.9 40.5 39.4

MD5030ULJL 1725 50 30.0 34.5 29.4 MD5036YDUK 2785 125 35.9 36.0 32.4

MD5030ULJM 1819 50 30.0 30.0 32.4 MD5036YDUL 2713 125 35.9 40.5 32.4

MD5030ULJN 1763 50 30.0 34.5 32.4 MD5036YDUM 2896 125 35.9 36.0 37.4

MD5030ULKK 1672 50 30.0 30.0 28.4 MD5036YDUN 2816 125 35.9 40.5 37.4

MD5030ULKL 1616 50 30.0 34.5 28.4 MD5036YDVK 2973 125 35.9 36.0 34.4

MD5030ULKM 1715 50 30.0 30.0 31.4 MD5036YDVL 2905 125 35.9 40.5 34.4

MD5030ULKN 1655 50 30.0 34.5 31.4 MD5036YDVM 3081 125 35.9 36.0 39.4

MD5030ULLK 1708 50 30.0 30.0 29.4 MD5036YDVN 3006 125 35.9 40.5 39.4

MD5030ULLL 1655 50 30.0 34.5 29.4 MD5036YDWK 3049 125 35.9 36.0 34.4

MD5030ULLM 1749 50 30.0 30.0 32.4 MD5036YDWL 2982 125 35.9 40.5 34.4

MD5030ULLN 1693 50 30.0 34.5 32.4 MD5036YDWM 3157 125 35.9 36.0 39.4

MD5030ULMK 1717 50 30.0 30.0 30.4 MD5036YDWN 3083 125 35.9 40.5 39.4

MD5030ULML 1668 50 30.0 34.5 30.4 MD5036ZBHK 3286 150 35.9 36.0 32.4

MD5030ULMM 1757 50 30.0 30.0 33.4 MD5036ZBHL 3230 150 35.9 40.5 32.4

MD5030ULMN 1704 50 30.0 34.5 33.4 MD5036ZBHM 3378 150 35.9 36.0 37.4

MD5030ULUK 1509 50 30.0 30.0 28.4 MD5036ZBHN 3315 150 35.9 40.5 37.4

MD5030ULUL 1428 50 30.0 34.5 28.4 MD5036ZBJK 3345 150 35.9 36.0 33.4

MD5030ULUM 1559 50 30.0 30.0 31.4 MD5036ZBJL 3293 150 35.9 40.5 33.4

MD5030ULUN 1471 50 30.0 34.5 31.4 MD5036ZBJM 3429 150 35.9 36.0 38.4

MD5030ULVK 1641 50 30.0 30.0 30.4 MD5036ZBJN 3371 150 35.9 40.5 38.4

MD5030ULVL 1556 50 30.0 34.5 30.4 MD5036ZBKK 3105 150 35.9 36.0 32.4

MD5030ULVM 1691 50 30.0 30.0 33.4 MD5036ZBKL 3051 150 35.9 40.5 32.4

MD5030ULVN 1600 50 30.0 34.5 33.4 MD5036ZBKM 3194 150 35.9 36.0 37.4

MD5030ULWK 1695 50 30.0 30.0 30.4 MD5036ZBKN 3134 150 35.9 40.5 37.4

MD5030ULWL 1608 50 30.0 34.5 30.4 MD5036ZBLK 3173 150 35.9 36.0 33.4

MD5030ULWM 1745 50 30.0 30.0 33.4 MD5036ZBLL 3122 150 35.9 40.5 33.4

MD5030ULWN 1652 50 30.0 34.5 33.4 MD5036ZBLM 3256 150 35.9 36.0 38.4

MD5030VAHK 1851 60 30.0 30.0 28.4 MD5036ZBLN 3199 150 35.9 40.5 38.4

MD5030VAHL 1795 60 30.0 34.5 28.4 MD5036ZBMK 3206 150 35.9 36.0 34.4

MD5030VAHM 1894 60 30.0 30.0 31.4 MD5036ZBML 3157 150 35.9 40.5 34.4

MD5030VAHN 1834 60 30.0 34.5 31.4 MD5036ZBMM 3281 150 35.9 36.0 39.4

MD5030VAJK 1887 60 30.0 30.0 29.4 MD5036ZBMN 3228 150 35.9 40.5 39.4

MD5030VAJL 1834 60 30.0 34.5 29.4 MD5036ZBUK 2909 150 35.9 36.0 32.4

MD5030VAJM 1929 60 30.0 30.0 32.4 MD5036ZBUL 2837 150 35.9 40.5 32.4

MD5030VAJN 1872 60 30.0 34.5 32.4 MD5036ZBUM 3041 150 35.9 36.0 37.4

MD5030VAKK 1765 60 30.0 30.0 28.4 MD5036ZBUN 2958 150 35.9 40.5 37.4

MD5030VAKL 1708 60 30.0 34.5 28.4 MD5036ZBVK 3109 150 35.9 36.0 34.4

MD5030VAKM 1808 60 30.0 30.0 31.4 MD5036ZBVL 3041 150 35.9 40.5 34.4

MD5030VAKN 1748 60 30.0 34.5 31.4 MD5036ZBVM 3234 150 35.9 36.0 39.4

MD5030VALK 1806 60 30.0 30.0 29.4 MD5036ZBVN 3155 150 35.9 40.5 39.4

MD5030VALL 1753 60 30.0 34.5 29.4 MD5036ZBWK 3192 150 35.9 36.0 34.4

MD5030VALM 1847 60 30.0 30.0 32.4 MD5036ZBWL 3125 150 35.9 40.5 34.4

MD5030VALN 1790 60 30.0 34.5 32.4 MD5036ZBWM 3314 150 35.9 36.0 39.4

MD5030VAMK 1822 60 30.0 30.0 30.4 MD5036ZBWN 3236 150 35.9 40.5 39.4

MD5030VAML 1771 60 30.0 34.5 30.4 MD5036ZDHK 3312 150 35.9 36.0 32.4

MD5030VAMM 1861 60 30.0 30.0 33.4 MD5036ZDHL 3253 150 35.9 40.5 32.4

MD5030VAMN 1807 60 30.0 34.5 33.4 MD5036ZDHM 3408 150 35.9 36.0 37.4

MD5030VAUK 1592 60 30.0 30.0 28.4 MD5036ZDHN 3345 150 35.9 40.5 37.4

MD5030VAUL 1507 60 30.0 34.5 28.4 MD5036ZDJK 3366 150 35.9 36.0 33.4

MD5030VAUM 1643 60 30.0 30.0 31.4 MD5036ZDJL 3311 150 35.9 40.5 33.4

MD5030VAUN 1551 60 30.0 34.5 31.4 MD5036ZDJM 3458 150 35.9 36.0 38.4

MD5030VAVK 1732 60 30.0 30.0 30.4 MD5036ZDJN 3399 150 35.9 40.5 38.4

MD5030VAVL 1643 60 30.0 34.5 30.4 MD5036ZDKK 3133 150 35.9 36.0 32.4

MD5030VAVM 1783 60 30.0 30.0 33.4 MD5036ZDKL 3077 150 35.9 40.5 32.4

MD5030VAVN 1688 60 30.0 34.5 33.4 MD5036ZDKM 3222 150 35.9 36.0 37.4

MD5030VAWK 1789 60 30.0 30.0 30.4 MD5036ZDKN 3161 150 35.9 40.5 37.4

MD5030VAWL 1699 60 30.0 34.5 30.4 MD5036ZDLK 3197 150 35.9 36.0 33.4

MD5030VAWM 1839 60 30.0 30.0 33.4 MD5036ZDLL 3144 150 35.9 40.5 33.4

MD5030VAWN 1744 60 30.0 34.5 33.4 MD5036ZDLM 3283 150 35.9 36.0 38.4

MD5030VBHK 1836 60 30.0 30.0 28.4 MD5036ZDLN 3226 150 35.9 40.5 38.4

MD5030VBHL 1782 60 30.0 34.5 28.4 MD5036ZDMK 3225 150 35.9 36.0 34.4

MD5030VBHM 1917 60 30.0 30.0 31.4 MD5036ZDML 3175 150 35.9 40.5 34.4

MD5030VBHN 1857 60 30.0 34.5 31.4 MD5036ZDMM 3307 150 35.9 36.0 39.4

MD5030VBJK 1873 60 30.0 30.0 29.4 MD5036ZDMN 3253 150 35.9 40.5 39.4

MD5030VBJL 1820 60 30.0 34.5 29.4 MD5036ZDUK 2957 150 35.9 36.0 32.4

MD5030VBJM 1953 60 30.0 30.0 32.4 MD5036ZDUL 2880 150 35.9 40.5 32.4

MD5030VBJN 1895 60 30.0 34.5 32.4 MD5036ZDUM 3076 150 35.9 36.0 37.4

MD5030VBKK 1748 60 30.0 30.0 28.4 MD5036ZDUN 2991 150 35.9 40.5 37.4

MD5030VBKL 1695 60 30.0 34.5 28.4 MD5036ZDVK 3153 150 35.9 36.0 34.4

MD5030VBKM 1824 60 30.0 30.0 31.4 MD5036ZDVL 3080 150 35.9 40.5 34.4

MD5030VBKN 1767 60 30.0 34.5 31.4 MD5036ZDVM 3269 150 35.9 36.0 39.4

MD5030VBLK 1792 60 30.0 30.0 29.4 MD5036ZDVN 3188 150 35.9 40.5 39.4

MD5030VBLL 1740 60 30.0 34.5 29.4 MD5036ZDWK 3234 150 35.9 36.0 34.4

MD5030VBLM 1868 60 30.0 30.0 32.4 MD5036ZDWL 3162 150 35.9 40.5 34.4

MD5030VBLN 1812 60 30.0 34.5 32.4 MD5036ZDWM 3349 150 35.9 36.0 39.4



MD5030VBMK 1808 60 30.0 30.0 30.4 MD5036ZDWN 3270 150 35.9 40.5 39.4

MD5030VBML 1759 60 30.0 34.5 30.4 MD5036OBHK 3629 200 35.9 36.0 32.4

MD5030VBMM 1883 60 30.0 30.0 33.4 MD5036OBHL 3567 200 35.9 40.5 32.4

MD5030VBMN 1829 60 30.0 34.5 33.4 MD5036OBHM 3729 200 35.9 36.0 37.4

MD5030VBUK 1558 60 30.0 30.0 28.4 MD5036OBHN 3662 200 35.9 40.5 37.4

MD5030VBUL 1483 60 30.0 34.5 28.4 MD5036OBJK 3694 200 35.9 36.0 33.4

MD5030VBUM 1639 60 30.0 30.0 31.4 MD5036OBJL 3636 200 35.9 40.5 33.4

MD5030VBUN 1556 60 30.0 34.5 31.4 MD5036OBJM 3790 200 35.9 36.0 38.4

MD5030VBVK 1703 60 30.0 30.0 30.4 MD5036OBJN 3727 200 35.9 40.5 38.4

MD5030VBVL 1623 60 30.0 34.5 30.4 MD5036OBKK 3394 200 35.9 36.0 32.4

MD5030VBVM 1788 60 30.0 30.0 33.4 MD5036OBKL 3337 200 35.9 40.5 32.4

MD5030VBVN 1700 60 30.0 34.5 33.4 MD5036OBKM 3480 200 35.9 36.0 37.4

MD5030VBWK 1764 60 30.0 30.0 30.4 MD5036OBKN 3421 200 35.9 40.5 37.4

MD5030VBWL 1680 60 30.0 34.5 30.4 MD5036OBLK 3468 200 35.9 36.0 33.4

MD5030VBWM 1848 60 30.0 30.0 33.4 MD5036OBLL 3414 200 35.9 40.5 33.4

MD5030VBWN 1759 60 30.0 34.5 33.4 MD5036OBLM 3551 200 35.9 36.0 38.4

MD5030VDHK 1838 60 30.0 30.0 28.4 MD5036OBLN 3495 200 35.9 40.5 38.4

MD5030VDHL 1781 60 30.0 34.5 28.4 MD5036OBMK 3508 200 35.9 36.0 34.4

MD5030VDHM 1922 60 30.0 30.0 31.4 MD5036OBML 3457 200 35.9 40.5 34.4

MD5030VDHN 1856 60 30.0 34.5 31.4 MD5036OBMM 3589 200 35.9 36.0 39.4

MD5030VDJK 1872 60 30.0 30.0 29.4 MD5036OBMN 3535 200 35.9 40.5 39.4

MD5030VDJL 1818 60 30.0 34.5 29.4 MD5036OBUK 3241 200 35.9 36.0 32.4

MD5030VDJM 1952 60 30.0 30.0 32.4 MD5036OBUL 3159 200 35.9 40.5 32.4

MD5030VDJN 1890 60 30.0 34.5 32.4 MD5036OBUM 3370 200 35.9 36.0 37.4

MD5030VDKK 1755 60 30.0 30.0 28.4 MD5036OBUN 3278 200 35.9 40.5 37.4

MD5030VDKL 1698 60 30.0 34.5 28.4 MD5036OBVK 3454 200 35.9 36.0 34.4

MD5030VDKM 1839 60 30.0 30.0 31.4 MD5036OBVL 3376 200 35.9 40.5 34.4

MD5030VDKN 1774 60 30.0 34.5 31.4 MD5036OBVM 3579 200 35.9 36.0 39.4

MD5030VDLK 1795 60 30.0 30.0 29.4 MD5036OBVN 3492 200 35.9 40.5 39.4

MD5030VDLL 1740 60 30.0 34.5 29.4 MD5036OBWK 3544 200 35.9 36.0 34.4

MD5030VDLM 1875 60 30.0 30.0 32.4 MD5036OBWL 3467 200 35.9 40.5 34.4

MD5030VDLN 1812 60 30.0 34.5 32.4 MD5036OBWM 3667 200 35.9 36.0 39.4

MD5030VDMK 1808 60 30.0 30.0 30.4 MD5036OBWN 3582 200 35.9 40.5 39.4

MD5030VDML 1756 60 30.0 34.5 30.4 MD5036ODHK 3618 200 35.9 36.0 32.4

MD5030VDMM 1883 60 30.0 30.0 33.4 MD5036ODHL 3554 200 35.9 40.5 32.4

MD5030VDMN 1824 60 30.0 34.5 33.4 MD5036ODHM 3722 200 35.9 36.0 37.4

MD5030VDUK 1585 60 30.0 30.0 28.4 MD5036ODHN 3653 200 35.9 40.5 37.4

MD5030VDUL 1500 60 30.0 34.5 28.4 MD5036ODJK 3679 200 35.9 36.0 33.4

MD5030VDUM 1687 60 30.0 30.0 31.4 MD5036ODJL 3619 200 35.9 40.5 33.4

MD5030VDUN 1588 60 30.0 34.5 31.4 MD5036ODJM 3778 200 35.9 36.0 38.4

MD5030VDVK 1724 60 30.0 30.0 30.4 MD5036ODJN 3714 200 35.9 40.5 38.4

MD5030VDVL 1635 60 30.0 34.5 30.4 MD5036ODKK 3389 200 35.9 36.0 32.4

MD5030VDVM 1826 60 30.0 30.0 33.4 MD5036ODKL 3330 200 35.9 40.5 32.4

MD5030VDVN 1723 60 30.0 34.5 33.4 MD5036ODKM 3478 200 35.9 36.0 37.4

MD5030VDWK 1781 60 30.0 30.0 30.4 MD5036ODKN 3416 200 35.9 40.5 37.4

MD5030VDWL 1690 60 30.0 34.5 30.4 MD5036ODLK 3459 200 35.9 36.0 33.4

MD5030VDWM 1879 60 30.0 30.0 33.4 MD5036ODLL 3404 200 35.9 40.5 33.4

MD5030VDWN 1779 60 30.0 34.5 33.4 MD5036ODLM 3545 200 35.9 36.0 38.4

MD5030VLHK 1848 60 30.0 30.0 28.4 MD5036ODLN 3487 200 35.9 40.5 38.4

MD5030VLHL 1789 60 30.0 34.5 28.4 MD5036ODMK 3496 200 35.9 36.0 34.4

MD5030VLHM 1894 60 30.0 30.0 31.4 MD5036ODML 3444 200 35.9 40.5 34.4

MD5030VLHN 1831 60 30.0 34.5 31.4 MD5036ODMM 3579 200 35.9 36.0 39.4

MD5030VLJK 1880 60 30.0 30.0 29.4 MD5036ODMN 3524 200 35.9 40.5 39.4

MD5030VLJL 1824 60 30.0 34.5 29.4 MD5036ODUK 3247 200 35.9 36.0 32.4

MD5030VLJM 1925 60 30.0 30.0 32.4 MD5036ODUL 3161 200 35.9 40.5 32.4

MD5030VLJN 1865 60 30.0 34.5 32.4 MD5036ODUM 3379 200 35.9 36.0 37.4

MD5030VLKK 1767 60 30.0 30.0 28.4 MD5036ODUN 3285 200 35.9 40.5 37.4

MD5030VLKL 1707 60 30.0 34.5 28.4 MD5036ODVK 3455 200 35.9 36.0 34.4

MD5030VLKM 1812 60 30.0 30.0 31.4 MD5036ODVL 3375 200 35.9 40.5 34.4

MD5030VLKN 1749 60 30.0 34.5 31.4 MD5036ODVM 3584 200 35.9 36.0 39.4

MD5030VLLK 1805 60 30.0 30.0 29.4 MD5036ODVN 3495 200 35.9 40.5 39.4

MD5030VLLL 1748 60 30.0 34.5 29.4 MD5036ODWK 3543 200 35.9 36.0 34.4

MD5030VLLM 1848 60 30.0 30.0 32.4 MD5036ODWL 3464 200 35.9 40.5 34.4

MD5030VLLN 1788 60 30.0 34.5 32.4 MD5036ODWM 3670 200 35.9 36.0 39.4

MD5030VLMK 1815 60 30.0 30.0 30.4 MD5036ODWN 3583 200 35.9 40.5 39.4

MD5030VLML 1762 60 30.0 34.5 30.4

MD5030VLMM 1857 60 30.0 30.0 33.4

MD5030VLMN 1800 60 30.0 34.5 33.4

MD5030VLUK 1601 60 30.0 30.0 28.4

MD5030VLUL 1514 60 30.0 34.5 28.4

MD5030VLUM 1655 60 30.0 30.0 31.4

MD5030VLUN 1560 60 30.0 34.5 31.4

MD5030VLVK 1739 60 30.0 30.0 30.4

MD5030VLVL 1648 60 30.0 34.5 30.4

MD5030VLVM 1793 60 30.0 30.0 33.4

MD5030VLVN 1695 60 30.0 34.5 33.4

MD5030VLWK 1795 60 30.0 30.0 30.4

MD5030VLWL 1703 60 30.0 34.5 30.4

MD5030VLWM 1848 60 30.0 30.0 33.4

MD5030VLWN 1750 60 30.0 34.5 33.4

MD5030WAHK 2004 75 30.0 30.0 30.4

MD5030WAHL 1966 75 30.0 34.5 30.4

MD5030WAHM 2053 75 30.0 30.0 33.4

MD5030WAHN 2013 75 30.0 34.5 33.4

MD5030WAJK 2038 75 30.0 30.0 31.4

MD5030WAJL 2003 75 30.0 34.5 31.4

MD5030WAJM 2085 75 30.0 30.0 34.4

MD5030WAJN 2048 75 30.0 34.5 34.4

MD5030WAKK 1909 75 30.0 30.0 30.4

MD5030WAKL 1872 75 30.0 34.5 30.4



MD5030WAKM 1958 75 30.0 30.0 33.4

MD5030WAKN 1918 75 30.0 34.5 33.4

MD5030WALK 1949 75 30.0 30.0 31.4

MD5030WALL 1914 75 30.0 34.5 31.4

MD5030WALM 1996 75 30.0 30.0 34.4

MD5030WALN 1958 75 30.0 34.5 34.4

MD5030WAMK 1964 75 30.0 30.0 32.4

MD5030WAML 1930 75 30.0 34.5 32.4

MD5030WAMM 2008 75 30.0 30.0 35.4

MD5030WAMN 1973 75 30.0 34.5 35.4

MD5030WAUK 1772 75 30.0 30.0 30.4

MD5030WAUL 1725 75 30.0 34.5 30.4

MD5030WAUM 1831 75 30.0 30.0 33.4

MD5030WAUN 1779 75 30.0 34.5 33.4

MD5030WAVK 1899 75 30.0 30.0 32.4

MD5030WAVL 1853 75 30.0 34.5 32.4

MD5030WAVM 1957 75 30.0 30.0 35.4

MD5030WAVN 1907 75 30.0 34.5 35.4

MD5030WAWK 1950 75 30.0 30.0 32.4

MD5030WAWL 1905 75 30.0 34.5 32.4

MD5030WAWM 2008 75 30.0 30.0 35.4

MD5030WAWN 1959 75 30.0 34.5 35.4

MD5030WBHK 1986 75 30.0 30.0 30.4

MD5030WBHL 1952 75 30.0 34.5 30.4

MD5030WBHM 2081 75 30.0 30.0 33.4

MD5030WBHN 2042 75 30.0 34.5 33.4

MD5030WBJK 2026 75 30.0 30.0 31.4

MD5030WBJL 1995 75 30.0 34.5 31.4

MD5030WBJM 2116 75 30.0 30.0 34.4

MD5030WBJN 2080 75 30.0 34.5 34.4

MD5030WBKK 1885 75 30.0 30.0 30.4

MD5030WBKL 1852 75 30.0 34.5 30.4

MD5030WBKM 1979 75 30.0 30.0 33.4

MD5030WBKN 1940 75 30.0 34.5 33.4

MD5030WBLK 1931 75 30.0 30.0 31.4

MD5030WBLL 1899 75 30.0 34.5 31.4

MD5030WBLM 2020 75 30.0 30.0 34.4

MD5030WBLN 1983 75 30.0 34.5 34.4

MD5030WBMK 1952 75 30.0 30.0 32.4

MD5030WBML 1923 75 30.0 34.5 32.4

MD5030WBMM 2036 75 30.0 30.0 35.4

MD5030WBMN 2002 75 30.0 34.5 35.4

MD5030WBUK 1730 75 30.0 30.0 30.4

MD5030WBUL 1688 75 30.0 34.5 30.4

MD5030WBUM 1845 75 30.0 30.0 33.4

MD5030WBUN 1794 75 30.0 34.5 33.4

MD5030WBVK 1860 75 30.0 30.0 32.4

MD5030WBVL 1820 75 30.0 34.5 32.4

MD5030WBVM 1975 75 30.0 30.0 35.4

MD5030WBVN 1926 75 30.0 34.5 35.4

MD5030WBWK 1914 75 30.0 30.0 32.4

MD5030WBWL 1874 75 30.0 34.5 32.4

MD5030WBWM 2027 75 30.0 30.0 35.4

MD5030WBWN 1979 75 30.0 34.5 35.4

MD5030WDHK 1992 75 30.0 30.0 30.4

MD5030WDHL 1957 75 30.0 34.5 30.4

MD5030WDHM 2086 75 30.0 30.0 33.4

MD5030WDHN 2045 75 30.0 34.5 33.4

MD5030WDJK 2031 75 30.0 30.0 31.4

MD5030WDJL 1998 75 30.0 34.5 31.4

MD5030WDJM 2119 75 30.0 30.0 34.4

MD5030WDJN 2081 75 30.0 34.5 34.4

MD5030WDKK 1894 75 30.0 30.0 30.4

MD5030WDKL 1859 75 30.0 34.5 30.4

MD5030WDKM 1986 75 30.0 30.0 33.4

MD5030WDKN 1946 75 30.0 34.5 33.4

MD5030WDLK 1938 75 30.0 30.0 31.4

MD5030WDLL 1905 75 30.0 34.5 31.4

MD5030WDLM 2025 75 30.0 30.0 34.4

MD5030WDLN 1987 75 30.0 34.5 34.4

MD5030WDMK 1957 75 30.0 30.0 32.4

MD5030WDML 1926 75 30.0 34.5 32.4

MD5030WDMM 2039 75 30.0 30.0 35.4

MD5030WDMN 2003 75 30.0 34.5 35.4

MD5030WDUK 1744 75 30.0 30.0 30.4

MD5030WDUL 1700 75 30.0 34.5 30.4

MD5030WDUM 1858 75 30.0 30.0 33.4

MD5030WDUN 1805 75 30.0 34.5 33.4

MD5030WDVK 1874 75 30.0 30.0 32.4

MD5030WDVL 1832 75 30.0 34.5 32.4

MD5030WDVM 1986 75 30.0 30.0 35.4

MD5030WDVN 1936 75 30.0 34.5 35.4

MD5030WDWK 1926 75 30.0 30.0 32.4

MD5030WDWL 1885 75 30.0 34.5 32.4

MD5030WDWM 2037 75 30.0 30.0 35.4

MD5030WDWN 1989 75 30.0 34.5 35.4

MD5030WLHK 1989 75 30.0 30.0 30.4

MD5030WLHL 1950 75 30.0 34.5 30.4

MD5030WLHM 2040 75 30.0 30.0 33.4

MD5030WLHN 1999 75 30.0 34.5 33.4



MD5030WLJK 2020 75 30.0 30.0 31.4

MD5030WLJL 1984 75 30.0 34.5 31.4

MD5030WLJM 2069 75 30.0 30.0 34.4

MD5030WLJN 2031 75 30.0 34.5 34.4

MD5030WLKK 1899 75 30.0 30.0 30.4

MD5030WLKL 1860 75 30.0 34.5 30.4

MD5030WLKM 1948 75 30.0 30.0 33.4

MD5030WLKN 1907 75 30.0 34.5 33.4

MD5030WLLK 1936 75 30.0 30.0 31.4

MD5030WLLL 1900 75 30.0 34.5 31.4

MD5030WLLM 1984 75 30.0 30.0 34.4

MD5030WLLN 1945 75 30.0 34.5 34.4

MD5030WLMK 1947 75 30.0 30.0 32.4

MD5030WLML 1913 75 30.0 34.5 32.4

MD5030WLMM 1993 75 30.0 30.0 35.4

MD5030WLMN 1957 75 30.0 34.5 35.4

MD5030WLUK 1766 75 30.0 30.0 30.4

MD5030WLUL 1718 75 30.0 34.5 30.4

MD5030WLUM 1826 75 30.0 30.0 33.4

MD5030WLUN 1773 75 30.0 34.5 33.4

MD5030WLVK 1891 75 30.0 30.0 32.4

MD5030WLVL 1844 75 30.0 34.5 32.4

MD5030WLVM 1950 75 30.0 30.0 35.4

MD5030WLVN 1899 75 30.0 34.5 35.4

MD5030WLWK 1941 75 30.0 30.0 32.4

MD5030WLWL 1895 75 30.0 34.5 32.4

MD5030WLWM 2000 75 30.0 30.0 35.4

MD5030WLWN 1950 75 30.0 34.5 35.4

MD5030XAHK 2198 100 30.0 30.0 30.4

MD5030XAHL 2157 100 30.0 34.5 30.4

MD5030XAHM 2252 100 30.0 30.0 33.4

MD5030XAHN 2209 100 30.0 34.5 33.4

MD5030XAJK 2237 100 30.0 30.0 31.4

MD5030XAJL 2199 100 30.0 34.5 31.4

MD5030XAJM 2289 100 30.0 30.0 34.4

MD5030XAJN 2248 100 30.0 34.5 34.4

MD5030XAKK 2080 100 30.0 30.0 30.4

MD5030XAKL 2040 100 30.0 34.5 30.4

MD5030XAKM 2130 100 30.0 30.0 33.4

MD5030XAKN 2088 100 30.0 34.5 33.4

MD5030XALK 2125 100 30.0 30.0 31.4

MD5030XALL 2088 100 30.0 34.5 31.4

MD5030XALM 2173 100 30.0 30.0 34.4

MD5030XALN 2134 100 30.0 34.5 34.4

MD5030XAMK 2145 100 30.0 30.0 32.4

MD5030XAML 2110 100 30.0 34.5 32.4

MD5030XAMM 2191 100 30.0 30.0 35.4

MD5030XAMN 2154 100 30.0 34.5 35.4

MD5030XAUK 1948 100 30.0 30.0 30.4

MD5030XAUL 1895 100 30.0 34.5 30.4

MD5030XAUM 2013 100 30.0 30.0 33.4

MD5030XAUN 1955 100 30.0 34.5 33.4

MD5030XAVK 2084 100 30.0 30.0 32.4

MD5030XAVL 2033 100 30.0 34.5 32.4

MD5030XAVM 2148 100 30.0 30.0 35.4

MD5030XAVN 2093 100 30.0 34.5 35.4

MD5030XAWK 2139 100 30.0 30.0 32.4

MD5030XAWL 2090 100 30.0 34.5 32.4

MD5030XAWM 2203 100 30.0 30.0 35.4

MD5030XAWN 2150 100 30.0 34.5 35.4

MD5030XBHK 2186 100 30.0 30.0 30.4

MD5030XBHL 2148 100 30.0 34.5 30.4

MD5030XBHM 2286 100 30.0 30.0 33.4

MD5030XBHN 2241 100 30.0 34.5 33.4

MD5030XBJK 2229 100 30.0 30.0 31.4

MD5030XBJL 2193 100 30.0 34.5 31.4

MD5030XBJM 2323 100 30.0 30.0 34.4

MD5030XBJN 2282 100 30.0 34.5 34.4

MD5030XBKK 2064 100 30.0 30.0 30.4

MD5030XBKL 2027 100 30.0 34.5 30.4

MD5030XBKM 2157 100 30.0 30.0 33.4

MD5030XBKN 2116 100 30.0 34.5 33.4

MD5030XBLK 2113 100 30.0 30.0 31.4

MD5030XBLL 2078 100 30.0 34.5 31.4

MD5030XBLM 2202 100 30.0 30.0 34.4

MD5030XBLN 2162 100 30.0 34.5 34.4

MD5030XBMK 2137 100 30.0 30.0 32.4

MD5030XBML 2104 100 30.0 34.5 32.4

MD5030XBMM 2221 100 30.0 30.0 35.4

MD5030XBMN 2184 100 30.0 34.5 35.4

MD5030XBUK 1918 100 30.0 30.0 30.4

MD5030XBUL 1869 100 30.0 34.5 30.4

MD5030XBUM 2042 100 30.0 30.0 33.4

MD5030XBUN 1984 100 30.0 34.5 33.4

MD5030XBVK 2057 100 30.0 30.0 32.4

MD5030XBVL 2011 100 30.0 34.5 32.4

MD5030XBVM 2179 100 30.0 30.0 35.4

MD5030XBVN 2124 100 30.0 34.5 35.4

MD5030XBWK 2115 100 30.0 30.0 32.4

MD5030XBWL 2069 100 30.0 34.5 32.4



MD5030XBWM 2235 100 30.0 30.0 35.4

MD5030XBWN 2181 100 30.0 34.5 35.4

MD5030XDHK 2178 100 30.0 30.0 30.4

MD5030XDHL 2139 100 30.0 34.5 30.4

MD5030XDHM 2275 100 30.0 30.0 33.4

MD5030XDHN 2231 100 30.0 34.5 33.4

MD5030XDJK 2219 100 30.0 30.0 31.4

MD5030XDJL 2183 100 30.0 34.5 31.4

MD5030XDJM 2311 100 30.0 30.0 34.4

MD5030XDJN 2269 100 30.0 34.5 34.4

MD5030XDKK 2060 100 30.0 30.0 30.4

MD5030XDKL 2022 100 30.0 34.5 30.4

MD5030XDKM 2150 100 30.0 30.0 33.4

MD5030XDKN 2108 100 30.0 34.5 33.4

MD5030XDLK 2107 100 30.0 30.0 31.4

MD5030XDLL 2071 100 30.0 34.5 31.4

MD5030XDLM 2193 100 30.0 30.0 34.4

MD5030XDLN 2153 100 30.0 34.5 34.4

MD5030XDMK 2129 100 30.0 30.0 32.4

MD5030XDML 2095 100 30.0 34.5 32.4

MD5030XDMM 2211 100 30.0 30.0 35.4

MD5030XDMN 2173 100 30.0 34.5 35.4

MD5030XDUK 1917 100 30.0 30.0 30.4

MD5030XDUL 1867 100 30.0 34.5 30.4

MD5030XDUM 2038 100 30.0 30.0 33.4

MD5030XDUN 1979 100 30.0 34.5 33.4

MD5030XDVK 2055 100 30.0 30.0 32.4

MD5030XDVL 2008 100 30.0 34.5 32.4

MD5030XDVM 2174 100 30.0 30.0 35.4

MD5030XDVN 2118 100 30.0 34.5 35.4

MD5030XDWK 2112 100 30.0 30.0 32.4

MD5030XDWL 2065 100 30.0 34.5 32.4

MD5030XDWM 2229 100 30.0 30.0 35.4

MD5030XDWN 2174 100 30.0 34.5 35.4

MD5030XLHK 2185 100 30.0 30.0 30.4

MD5030XLHL 2144 100 30.0 34.5 30.4

MD5030XLHM 2240 100 30.0 30.0 33.4

MD5030XLHN 2196 100 30.0 34.5 33.4

MD5030XLJK 2222 100 30.0 30.0 31.4

MD5030XLJL 2183 100 30.0 34.5 31.4

MD5030XLJM 2275 100 30.0 30.0 34.4

MD5030XLJN 2233 100 30.0 34.5 34.4

MD5030XLKK 2070 100 30.0 30.0 30.4

MD5030XLKL 2030 100 30.0 34.5 30.4

MD5030XLKM 2120 100 30.0 30.0 33.4

MD5030XLKN 2078 100 30.0 34.5 33.4

MD5030XLLK 2114 100 30.0 30.0 31.4

MD5030XLLL 2076 100 30.0 34.5 31.4

MD5030XLLM 2162 100 30.0 30.0 34.4

MD5030XLLN 2123 100 30.0 34.5 34.4

MD5030XLMK 2132 100 30.0 30.0 32.4

MD5030XLML 2096 100 30.0 34.5 32.4

MD5030XLMM 2179 100 30.0 30.0 35.4

MD5030XLMN 2142 100 30.0 34.5 35.4

MD5030XLUK 1938 100 30.0 30.0 30.4

MD5030XLUL 1885 100 30.0 34.5 30.4

MD5030XLUM 2003 100 30.0 30.0 33.4

MD5030XLUN 1946 100 30.0 34.5 33.4

MD5030XLVK 2074 100 30.0 30.0 32.4

MD5030XLVL 2023 100 30.0 34.5 32.4

MD5030XLVM 2137 100 30.0 30.0 35.4

MD5030XLVN 2083 100 30.0 34.5 35.4

MD5030XLWK 2129 100 30.0 30.0 32.4

MD5030XLWL 2079 100 30.0 34.5 32.4

MD5030XLWM 2192 100 30.0 30.0 35.4

MD5030XLWN 2139 100 30.0 34.5 35.4

MD5030YAHK 2372 125 30.0 30.0 32.4

MD5030YAHL 2345 125 30.0 34.5 32.4

MD5030YAHM 2428 125 30.0 30.0 35.4

MD5030YAHN 2399 125 30.0 34.5 35.4

MD5030YAJK 2415 125 30.0 30.0 33.4

MD5030YAJL 2390 125 30.0 34.5 33.4

MD5030YAJM 2468 125 30.0 30.0 36.4

MD5030YAJN 2442 125 30.0 34.5 36.4

MD5030YAKK 2228 125 30.0 30.0 32.4

MD5030YAKL 2202 125 30.0 34.5 32.4

MD5030YAKM 2277 125 30.0 30.0 35.4

MD5030YAKN 2250 125 30.0 34.5 35.4

MD5030YALK 2276 125 30.0 30.0 33.4

MD5030YALL 2252 125 30.0 34.5 33.4

MD5030YALM 2324 125 30.0 30.0 36.4

MD5030YALN 2299 125 30.0 34.5 36.4

MD5030YAMK 2302 125 30.0 30.0 34.4

MD5030YAML 2279 125 30.0 34.5 34.4

MD5030YAMM 2348 125 30.0 30.0 37.4

MD5030YAMN 2324 125 30.0 34.5 37.4

MD5030YAUK 2110 125 30.0 30.0 32.4

MD5030YAUL 2073 125 30.0 34.5 32.4

MD5030YAUM 2179 125 30.0 30.0 35.4

MD5030YAUN 2139 125 30.0 34.5 35.4



MD5030YAVK 2252 125 30.0 30.0 34.4

MD5030YAVL 2218 125 30.0 34.5 34.4

MD5030YAVM 2320 125 30.0 30.0 37.4

MD5030YAVN 2282 125 30.0 34.5 37.4

MD5030YAWK 2312 125 30.0 30.0 34.4

MD5030YAWL 2278 125 30.0 34.5 34.4

MD5030YAWM 2378 125 30.0 30.0 37.4

MD5030YAWN 2342 125 30.0 34.5 37.4

MD5030YBHK 2348 125 30.0 30.0 32.4

MD5030YBHL 2323 125 30.0 34.5 32.4

MD5030YBHM 2456 125 30.0 30.0 35.4

MD5030YBHN 2428 125 30.0 34.5 35.4

MD5030YBJK 2398 125 30.0 30.0 33.4

MD5030YBJL 2375 125 30.0 34.5 33.4

MD5030YBJM 2500 125 30.0 30.0 36.4

MD5030YBJN 2474 125 30.0 34.5 36.4

MD5030YBKK 2200 125 30.0 30.0 32.4

MD5030YBKL 2177 125 30.0 34.5 32.4

MD5030YBKM 2298 125 30.0 30.0 35.4

MD5030YBKN 2272 125 30.0 34.5 35.4

MD5030YBLK 2254 125 30.0 30.0 33.4

MD5030YBLL 2233 125 30.0 34.5 33.4

MD5030YBLM 2347 125 30.0 30.0 36.4

MD5030YBLN 2323 125 30.0 34.5 36.4

MD5030YBMK 2286 125 30.0 30.0 34.4

MD5030YBML 2266 125 30.0 34.5 34.4

MD5030YBMM 2374 125 30.0 30.0 37.4

MD5030YBMN 2351 125 30.0 34.5 37.4

MD5030YBUK 2060 125 30.0 30.0 32.4

MD5030YBUL 2026 125 30.0 34.5 32.4

MD5030YBUM 2199 125 30.0 30.0 35.4

MD5030YBUN 2159 125 30.0 34.5 35.4

MD5030YBVK 2207 125 30.0 30.0 34.4

MD5030YBVL 2175 125 30.0 34.5 34.4

MD5030YBVM 2342 125 30.0 30.0 37.4

MD5030YBVN 2305 125 30.0 34.5 37.4

MD5030YBWK 2268 125 30.0 30.0 34.4

MD5030YBWL 2238 125 30.0 34.5 34.4

MD5030YBWM 2403 125 30.0 30.0 37.4

MD5030YBWN 2366 125 30.0 34.5 37.4

MD5030YDHK 2351 125 30.0 30.0 32.4

MD5030YDHL 2325 125 30.0 34.5 32.4

MD5030YDHM 2455 125 30.0 30.0 35.4

MD5030YDHN 2425 125 30.0 34.5 35.4

MD5030YDJK 2395 125 30.0 30.0 33.4

MD5030YDJL 2371 125 30.0 34.5 33.4

MD5030YDJM 2493 125 30.0 30.0 36.4

MD5030YDJN 2465 125 30.0 34.5 36.4

MD5030YDKK 2208 125 30.0 30.0 32.4

MD5030YDKL 2183 125 30.0 34.5 32.4

MD5030YDKM 2301 125 30.0 30.0 35.4

MD5030YDKN 2273 125 30.0 34.5 35.4

MD5030YDLK 2258 125 30.0 30.0 33.4

MD5030YDLL 2235 125 30.0 34.5 33.4

MD5030YDLM 2346 125 30.0 30.0 36.4

MD5030YDLN 2321 125 30.0 34.5 36.4

MD5030YDMK 2285 125 30.0 30.0 34.4

MD5030YDML 2263 125 30.0 34.5 34.4

MD5030YDMM 2369 125 30.0 30.0 37.4

MD5030YDMN 2345 125 30.0 34.5 37.4

MD5030YDUK 2082 125 30.0 30.0 32.4

MD5030YDUL 2046 125 30.0 34.5 32.4

MD5030YDUM 2216 125 30.0 30.0 35.4

MD5030YDUN 2174 125 30.0 34.5 35.4

MD5030YDVK 2225 125 30.0 30.0 34.4

MD5030YDVL 2192 125 30.0 34.5 34.4

MD5030YDVM 2355 125 30.0 30.0 37.4

MD5030YDVN 2316 125 30.0 34.5 37.4

MD5030YDWK 2285 125 30.0 30.0 34.4

MD5030YDWL 2252 125 30.0 34.5 34.4

MD5030YDWM 2413 125 30.0 30.0 37.4

MD5030YDWN 2375 125 30.0 34.5 37.4

MD5030YLHK 2347 125 30.0 30.0 32.4

MD5030YLHL 2319 125 30.0 34.5 32.4

MD5030YLHM 2405 125 30.0 30.0 35.4

MD5030YLHN 2375 125 30.0 34.5 35.4

MD5030YLJK 2385 125 30.0 30.0 33.4

MD5030YLJL 2359 125 30.0 34.5 33.4

MD5030YLJM 2441 125 30.0 30.0 36.4

MD5030YLJN 2413 125 30.0 34.5 36.4

MD5030YLKK 2210 125 30.0 30.0 32.4

MD5030YLKL 2184 125 30.0 34.5 32.4

MD5030YLKM 2261 125 30.0 30.0 35.4

MD5030YLKN 2233 125 30.0 34.5 35.4

MD5030YLLK 2256 125 30.0 30.0 33.4

MD5030YLLL 2231 125 30.0 34.5 33.4

MD5030YLLM 2305 125 30.0 30.0 36.4

MD5030YLLN 2279 125 30.0 34.5 36.4

MD5030YLMK 2277 125 30.0 30.0 34.4

MD5030YLML 2254 125 30.0 34.5 34.4



MD5030YLMM 2325 125 30.0 30.0 37.4

MD5030YLMN 2301 125 30.0 34.5 37.4

MD5030YLUK 2097 125 30.0 30.0 32.4

MD5030YLUL 2060 125 30.0 34.5 32.4

MD5030YLUM 2168 125 30.0 30.0 35.4

MD5030YLUN 2127 125 30.0 34.5 35.4

MD5030YLVK 2236 125 30.0 30.0 34.4

MD5030YLVL 2201 125 30.0 34.5 34.4

MD5030YLVM 2305 125 30.0 30.0 37.4

MD5030YLVN 2267 125 30.0 34.5 37.4

MD5030YLWK 2294 125 30.0 30.0 34.4

MD5030YLWL 2260 125 30.0 34.5 34.4

MD5030YLWM 2363 125 30.0 30.0 37.4

MD5030YLWN 2325 125 30.0 34.5 37.4

MD5030ZAHK 2518 150 30.0 30.0 32.4

MD5030ZAHL 2490 150 30.0 34.5 32.4

MD5030ZAHM 2573 150 30.0 30.0 35.4

MD5030ZAHN 2544 150 30.0 34.5 35.4

MD5030ZAJK 2568 150 30.0 30.0 33.4

MD5030ZAJL 2542 150 30.0 34.5 33.4

MD5030ZAJM 2621 150 30.0 30.0 36.4

MD5030ZAJN 2595 150 30.0 34.5 36.4

MD5030ZAKK 2343 150 30.0 30.0 32.4

MD5030ZAKL 2318 150 30.0 34.5 32.4

MD5030ZAKM 2390 150 30.0 30.0 35.4

MD5030ZAKN 2364 150 30.0 34.5 35.4

MD5030ZALK 2397 150 30.0 30.0 33.4

MD5030ZALL 2374 150 30.0 34.5 33.4

MD5030ZALM 2443 150 30.0 30.0 36.4

MD5030ZALN 2418 150 30.0 34.5 36.4

MD5030ZAMK 2430 150 30.0 30.0 34.4

MD5030ZAML 2408 150 30.0 34.5 34.4

MD5030ZAMM 2474 150 30.0 30.0 37.4

MD5030ZAMN 2451 150 30.0 34.5 37.4

MD5030ZAUK 2235 150 30.0 30.0 32.4

MD5030ZAUL 2197 150 30.0 34.5 32.4

MD5030ZAUM 2306 150 30.0 30.0 35.4

MD5030ZAUN 2265 150 30.0 34.5 35.4

MD5030ZAVK 2387 150 30.0 30.0 34.4

MD5030ZAVL 2352 150 30.0 34.5 34.4

MD5030ZAVM 2456 150 30.0 30.0 37.4

MD5030ZAVN 2418 150 30.0 34.5 37.4

MD5030ZAWK 2451 150 30.0 30.0 34.4

MD5030ZAWL 2417 150 30.0 34.5 34.4

MD5030ZAWM 2520 150 30.0 30.0 37.4

MD5030ZAWN 2482 150 30.0 34.5 37.4

MD5030ZBHK 2496 150 30.0 30.0 32.4

MD5030ZBHL 2470 150 30.0 34.5 32.4

MD5030ZBHM 2608 150 30.0 30.0 35.4

MD5030ZBHN 2578 150 30.0 34.5 35.4

MD5030ZBJK 2548 150 30.0 30.0 33.4

MD5030ZBJL 2523 150 30.0 34.5 33.4

MD5030ZBJM 2653 150 30.0 30.0 36.4

MD5030ZBJN 2625 150 30.0 34.5 36.4

MD5030ZBKK 2324 150 30.0 30.0 32.4

MD5030ZBKL 2300 150 30.0 34.5 32.4

MD5030ZBKM 2419 150 30.0 30.0 35.4

MD5030ZBKN 2393 150 30.0 34.5 35.4

MD5030ZBLK 2380 150 30.0 30.0 33.4

MD5030ZBLL 2357 150 30.0 34.5 33.4

MD5030ZBLM 2470 150 30.0 30.0 36.4

MD5030ZBLN 2445 150 30.0 34.5 36.4

MD5030ZBMK 2414 150 30.0 30.0 34.4

MD5030ZBML 2392 150 30.0 34.5 34.4

MD5030ZBMM 2500 150 30.0 30.0 37.4

MD5030ZBMN 2476 150 30.0 34.5 37.4

MD5030ZBUK 2208 150 30.0 30.0 32.4

MD5030ZBUL 2171 150 30.0 34.5 32.4

MD5030ZBUM 2356 150 30.0 30.0 35.4

MD5030ZBUN 2312 150 30.0 34.5 35.4

MD5030ZBVK 2360 150 30.0 30.0 34.4

MD5030ZBVL 2326 150 30.0 34.5 34.4

MD5030ZBVM 2503 150 30.0 30.0 37.4

MD5030ZBVN 2463 150 30.0 34.5 37.4

MD5030ZBWK 2424 150 30.0 30.0 34.4

MD5030ZBWL 2391 150 30.0 34.5 34.4

MD5030ZBWM 2566 150 30.0 30.0 37.4

MD5030ZBWN 2527 150 30.0 34.5 37.4

MD5030ZLHK 2446 150 30.0 30.0 32.4

MD5030ZLHL 2416 150 30.0 34.5 32.4

MD5030ZLHM 2508 150 30.0 30.0 35.4

MD5030ZLHN 2477 150 30.0 34.5 35.4

MD5030ZLJK 2483 150 30.0 30.0 33.4

MD5030ZLJL 2455 150 30.0 34.5 33.4

MD5030ZLJM 2543 150 30.0 30.0 36.4

MD5030ZLJN 2513 150 30.0 34.5 36.4

MD5030ZLKK 2294 150 30.0 30.0 32.4

MD5030ZLKL 2267 150 30.0 34.5 32.4

MD5030ZLKM 2347 150 30.0 30.0 35.4

MD5030ZLKN 2319 150 30.0 34.5 35.4



MD5030ZLLK 2340 150 30.0 30.0 33.4

MD5030ZLLL 2314 150 30.0 34.5 33.4

MD5030ZLLM 2391 150 30.0 30.0 36.4

MD5030ZLLN 2364 150 30.0 34.5 36.4

MD5030ZLMK 2361 150 30.0 30.0 34.4

MD5030ZLML 2337 150 30.0 34.5 34.4

MD5030ZLMM 2411 150 30.0 30.0 37.4

MD5030ZLMN 2385 150 30.0 34.5 37.4

MD5030ZLUK 2206 150 30.0 30.0 32.4

MD5030ZLUL 2165 150 30.0 34.5 32.4

MD5030ZLUM 2284 150 30.0 30.0 35.4

MD5030ZLUN 2240 150 30.0 34.5 35.4

MD5030ZLVK 2346 150 30.0 30.0 34.4

MD5030ZLVL 2308 150 30.0 34.5 34.4

MD5030ZLVM 2422 150 30.0 30.0 37.4

MD5030ZLVN 2381 150 30.0 34.5 37.4

MD5030ZLWK 2405 150 30.0 30.0 34.4

MD5030ZLWL 2367 150 30.0 34.5 34.4

MD5030ZLWM 2480 150 30.0 30.0 37.4

MD5030ZLWN 2440 150 30.0 34.5 37.4


