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MODELS 8805, 8806, 8807, 8808, 8809, 8810, 8811, 8812, 8813, 8814, 8815, 8816, 8817 and 8818
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Ref.
No.

DESCRIPTION OF PARTS

MODELS — QUANTITIES USED

8805

8806
8807

8808

8809

8810

8811

8812

8813
8814
8815
8816
8817
8818

MOTOR

10 H.P., 1800 RPM, PROTECTED

15 H.P., 1800 RPM, PROTECTED

20 H.P., 1800 RPM, PROTECTED

25 H.P., 1800 RPM, PROTECTED

30 H.P., 1800 RPM, PROTECTED

40 H.P., 1800 RPM, PROTECTED

50 H.P., 1800 RPM, PROTECTED

GEAREDUCER

SERIES 20T, 3.27/1 RATIO

SERIES 20T, 3.78/1 RATIO

SERIES 22.1T, 4.56/1 RATIO

SERIES 22.1T, 4.10/1 RATIO

FAN

72" DIA. H-3-8

84" DIA. H-3-8

84" DIA. H-3-6

84’ DIA. H-3-10

96" DIA. H-3-8

96" DIA. H-3-10

120" DIA. H-3-12

DRIVE SHAFT

TYPE 6Q 1’-11%" OVERALL

TYPE 6Q 2'-4%2" OVERALL

TYPE 6Q 2'-10%." OVERALL

TYPE 6Q 2'-9%:” OVERALL

TYPE 6Q 3'-8” OVERALL

1

TYPE 6Q 3'-7" OVERALL

11111

FLOAT VALVE — 1'%" or 22" DIA. MARLEY

SIZE VARIES WITH DESIGN GPM

MANUAL 92 - 1401



